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* @O Important Dimension To Check.
Weterproof Rate: IP6T, Unmated.
Connector Housing: Thermop\qsfic, Black.

Pin: Copper Alloy, Gold Plated.
Gaskt Nut: Thermoplastic, Black

Gasket: Rubber, Gray.

Maximum Panel Thickness:4. Omm

Gasket and Nut are poacked separately
Asgigmmenfs Front View in PE bags. (Gasket/NutA k. ssts)
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