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UNIT:mm XLOK, C-20A, 02P, CABLE W/O SR
F, F, FI SCREWIN, XLOK

Mafei 2018-06-20
      TOLERANCE
   CC-XXBFFB-QL8XPP Jerry 2018-06-208:5 A4     1     2

ALTW Max 2018-06-20C A.3  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

A Initial Release 2018/06/20 Mafei Change Rev.01 To Rev.A 

B E191814 2019/10/22 Ruru    X3

C C220370 2022/03/10 Xiaofeng    X1

ITEM NAME Description Spec QTY

1 ANA00011933 PWC PUSH LOCK F PANEL M PIN NYLON+25%GF,TM12058A,BK 1

2 ANS00010112 CLAMP RING NYLON 66,BK 1

3 ANA00011709 TBD TBD 1

4 BAB00011522 MEPIN,FM,ASSY,SOCUP,C5441,N 20A,Φ2.70XΦ2.00XL29.00,TP80μ 3

5 JSM00010131 SCREW,圖頭+字 STAINLESS,M3*6L,自攻牙 3

6 DGA00010457 TBD TBD 1

7 DOR00010190 O-RING,CIRCLE,SILI,XGRAY,50 Φ09.50XLΦ1.00,V0 1

8 DOR00010193 O-Ring Φ7.9XLΦ1.05,V0 1

9 ZSE00107634 TBD TBD 1

10 BCA00010062 STEEL WIRE T=0.4,SUS304 1

11 BCA00010063 SPRING 20MM Φ0.35*Φ1.8X20MM,SUS304 1

Note:
*    Important Dimension
* Waterproof Rate: IP68, Mated
  IP68 : 1M Depth Of Water In 24hours
* Housing: Thermoplastic, Black
* Pin: Copper Alloy, Silver Plated
* Clamp Ring: Thermoplastic, Black
* Sealing Nut: Thermoplastic, Black
* Seals: Rubber

31

2

21
Pin

Assignments
Front View

2 Pin 3 Pin

CC-XXBFFB-QL8XPP

02-2Pin
03-3Pin S: With Red Color Seal 1, Cable OD 6.0~8.0mm.

M: With Yellow Color Seal 2, Cable OD 8.0~10.0mm.
L: With Blue Color Seal 3, Cable OD 10.0~12.0mm.
A: With Seal 1 & Seal 2 & Seal 3. 
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      TOLERANCE
 CC-XXBFFB-QL8XPP Jerry 2018-03-148:5 A4     2     2

ALTW Max 2018-03-14C A.3  QC :Inspection item
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5A ; 300Vac/Vdc
6 Contacts(06)

5A ; 300Vac/Vdc
5 Contacts(05)

5A ; 300Vac/Vdc
4 Contacts(04)

5A ; 300Vac/Vdc
3 Contacts(03)

5A ; 300Vac/Vdc
2 Contacts(02)

QTY: 1 Pcs

PE Bag

Note:
* One Set Unassembled In One PE Bag.
  (每一組未組裝,放置於一個PE袋,並封口,如圖示)
* Label is Attached To PE Bag Front.
  (標籤貼在PE袋正面)

QTY: XX Pcs

Carton
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