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FRONT FASTENED, F, PNL JACK S, SCREW
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REV. ECN NO. DATE SIGN DESCRIPTION

F C190405 2019/03/14 Ruru Modify Note

G C220799 2022/05/24 Vicky   *2

H C230011 2023/01/06 Zhi Cheng   *2

ITEM NAME Description Spec QTY

1 ANA00010810 RJ45 HOUSING,PCB_F,C_S_UWP NYLON+25%GF,FR50,TM12094A01,BK 1

2 zse00104593.asm RJ45 8P8C CONN. ASSY RJ45 C5E,POE100W,UWP_J180 1

3 DGA00010089 GASKET,SQUARE,SILI,P296U,XX Φ20.20XΦ25.00XH00.80,N 1

4 ANA138XXX01 SCREW NUT NYLON+25%GF,94V-0,BK,LTW-TM138 1

Recommended
Panel Cut-Out

Note:
* RoHS Compliant
*    Important dimension
* Waterproof rate: IP67, mated
* Connector
  Housing: Thermoplastic, Black, RJ45 jack, shielded 
* Nut: Thermoplastic, Black
* Gasket: Rubber, Gray
* Use with waterproof cap or dust cap
  Panel thickness max: 3.0mm
* Use without waterproof cap or dust cap
  Panel thickness max: 4.2mm
* Gasket and nut are packed separately in pe bag

Connector

Gasket

Nut
PIN 8PIN 1

13/16"-28UNS

PIN 1PIN 8
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