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UA—20AMFM—-SL7000 Cable uter Mo ug
Waterproof Rate: IP67 Color:Black Color:Black
UA20ML—NAML—SA XXX Note:
* @ Important Dimension.
* Housing: Thermoplastic, Black.
: XXX:01~05Meters * USB A: Female Solder Type, Gold Plated.
Shield | Drain HEE | Shield 01:01Meter * USB A: Male Solder Type, Gold Plated.
4 | Black (24AWG) &| 4 002:02Meters * Cable:USB2.0 28#*1P+24#*2C+AI.My+D+B,
5 | Green (2BAWG) #& 35 1+, : PVC Jacket,UV Resistant,0D=5.0mm,Black.
2 | White (28AWG) &| 2 Twist : ; g
e : * Do Not Include On The Connector” @<g»
1 Red  (24AWG) 41| | 005:05Meters * Cable Length Tolerance:01M:+40mm
Conn.1 Wire Color Conn.2 Cable Length(L):01~05Meters 02M~05M:£60mm
Pin Out
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