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UNIT:mm VENT Metal-type VENT-BJ005 Gaotong 2014-06-10
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VENT-BJ005 Tony 2014-06-102:1 A4     1     1

ALTW Victor 2014-06-10A A.16  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

Note:
*   Important Dimension.
* Waterproof Rate: IP68(Immersion for 
   30 minutes at a depth of 2 meter),IP69K
* Housing: Zinc Alloy, Nickel Plated
* Cap: Zinc Alloy, Nickel Plated
* Membrane: PTFE
* O-Ring: Silicone
* Air Permeability: >1760ml/min @70mbar
* Water Entry Pressure: >29KPaRecommended Panel Cut-Out
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