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\ * @Important Dimension.
: ¥ Waterproof Rate: [P68(Immersion for
B ‘ 60 minutes at a depth of 2 meter), |P6IK
| ¥ Housing:SUS3I6L
: ¥ Cap: SUS3I6L
! ¥ Membrane: ePTFE,Oleophobic
|| | ¥ O-Ring: Silicone, 94V-0
Recommended Panel Cut-Out : * Air Permeability: >1600ml/min @70mbar
AL \ * Recommended Torque:6.0~8.0 Kgf. cm
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