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Tweezers

Part Description Size in Size mm
AA-SAH Fine Strong Tips 4.75 120
AC-SAH Thick Short Tips 4.25 110
MM-SAH Strong Multi Purpose 5.00 125
OO-SAH Strong Thick Smooth Tips 4.75 120
OOD-SAH Strong Thick Serrated Tips 4.75 120
2H Fine Point Tapered Tips 4.50 115
2A-SAH Rounded Flat Tips 4.50 115
3-SAH Fine Tips 4.75 120
3C-SAH Narrow Fine Tips 4.25 110
5A-SAH Extra Fine, Very Sharp Tips 4.50 115
5-SAH Extra Fine, Very Sharp Tips 4.50 115
7-SAH Curved, Very Fine Tips 4.50 115
7-SADH Curved, Serrated Tips 4.50 115
21-SAH Strong Rounded Tips 6.25 159
24-SAH Fine Bent Tips 6.00 152
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Swanstrom’s standard
foamed tweezers are
ESD safe. For no
foam drop suffix “H”.
For serrations add
suffix “D”

Swanstrom, first in the world to ergonomicize
tweezers, and thereby render them ESD safe.
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SMD Tweezers
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Part Description Size in Size mm
SMD10-SA Groove Tips w/ Anti Crush Control 4.75 120
SMDR10-SA Groove Tips w/ Anti Crush Control 4.75 120
SMD20-SA Groove Tips 4.75 120
SMD30-SA Horizontal Tips 4.75 120
SMDR30-SA Horizontal Tips, Reverse Action 4.75 120
SMD40-SA Vertical Placement 4.75 120
SMD50-SA 45º Angle Tips 4.75 120
SMD90-SA Placing at 60º 4.75 120
SMD110-SA Tips Relieved 4.75 120
SMD200-SA Fine Relieved Tips 4.75 120
SMD201-SA Curved Fine Relieved Tips 4.75 120
SMD203-SA Narrow Relieved Tips 4.75 120
SMDR254-SA Angled Flat Tip w/ Inside Relieve 4.50 115
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Shown at Actual Size
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