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Starters Mini contactors

Direct starters

23

Reversing / AC coil

Starters
- Open types
- Direct ( Full voltage ) types
- Coil voltage : A.C.
- Contactors : screw clamp connection types
- Overload relays : differential or non-differential types

Reversing contactors
- For motor control
- Mechanically interlocked
- Coil voltage : A.C.

Coil voltage,  AC 50/60Hz

24, 36, 42, 48, 110, 115, 120, 127, 200 / 208, 220, 220 / 230, 230 / 240, 256, 277, 380 / 400 

400, 440, 480, 500, 550V AC

Ordering information

Type, Auxiliary contact and Coil voltage

Overload relay setting range  ( page 27)

For more information

Drawings page 37

Mini Contactors page 21

Mini Overload relays page 27

Optional accessories page 29~33

AC coil contactor + Differential type overload relay
Devices combined AC3 ratings (IEC60947-4)

Auxiliary Starter
Contactor Overload 220 ~ 380 ~ 500 ~

690V contacts Type
(AC coil) (differential) 240V 440V 550V

CGMS-6A CGT-12M
1.5kW 2.2kW 3kW 3kW 1NO or

CGMSS-6A
7A 6A 5A 4A 1NC

CGMS-9A CGT-12M
2.2kW 4kW 3.7kW 4kW 1NO or

CGMSS-9A
9A 9A 6A 5A 1NC

CGMS-12A CGT-12M
3kW 5.5kW 4kW 4kW 1NO or

CGMSS-12A
12A 12A 7A 5A 1NC

CGMS-16A CGT-12M
4kW 7.5kW 5.5kW 4kW 1NO or

CGMSS-16A
15A 16A 9A 5A 1NC

AC coil contactor + Non-differential type overload relay
Devices combined AC3 ratings (IEC60947-4)

Auxiliary Starter
Contactor Overload 220 ~ 380 ~ 500 ~

690V contacts Type
(AC coil) (Non-differential) 240V 440V 550V

CGMS-6A CGTH-12M/3
1.5kW 2.2kW 3kW 3kW 1NO or

CGMSS-6AH
7A 6A 5A 4A 1NC

CGMS-9A CGTH-12M/3
2.2kW 4kW 3.7kW 4kW 1NO or

CGMSS-9AH
9A 9A 6A 5A 1NC

CGMS-12A CGTH-12M/3
3kW 5.5kW 4kW 4kW 1NO or

CGMSS-12AH
12A 12A 7A 5A 1NC

CGMC-16A CGTH-12M/3
4kW 7.5kW 5.5kW 4kW 1NO or

CGMSS-16AH
15A 16A 9A 5A 1NC

Screw clamp connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMU-6A
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMU-9A
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMU-12A
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMU-16A
15A 16A 9A 5A 1NC

Fast-on connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMUF-6A
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMUF-9A
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMUF-12A
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMUF-16A
15A 16A 9A 5A 1NC

Coil voltage,  AC 50/60Hz

24, 36, 42, 48, 110, 115, 120, 127, 200 / 208, 220, 220 / 230, 230 / 240, 256, 277, 380 / 400 

400, 440, 480, 500, 550V AC

Ordering information

Type, Auxiliary contact and Coil voltage

For more information

Drawings page 34

Overload relays page 27

Optional accessories page 29~33

Certificate
CE, ULCUL

Certificate
CE, ULCUL



Mini contactors
Reversing / AC coil

24 25

Reversing / DC coil

Reversing contactors
- For motor control
- Mechanically interlocked
- Coil voltage : A.C.

Cage clamp connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMUC-6A
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMUC-9A
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMUC-12A
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMUC-16A
15A 16A 9A 5A 1NC

Solder pin connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMUP-6A
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMUP-9A
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMUP-12A
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMUP-16A
15A 16A 9A 5A 1NC

Coil voltage,  AC 50/60Hz

24, 36, 42, 48, 110, 115, 120, 127, 200 / 208, 220, 220 / 230, 230 / 240, 256, 277, 380 / 400 

400, 440, 480, 500, 550V AC

Ordering information

Type, Auxiliary contact and Coil voltage

For more information

Drawings page 34

Overload relays page 27

Optional accessories page 29~33

Reversing contactors
- For motor control
- Mechanically interlocked
- Coil voltage : D.C.

Screw clamp connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMU-6D
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMU-9D
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMU-12D
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMU-16D
15A 16A 9A 5A 1NC

Fast-on connection types
AC3 ratings (IEC60947-4) AC1 Auxiliary

Frame size 220 ~ 380 ~ 500 ~
690V

rating contact Type
240V 440V 550V Ith (standard)

6A
1.5kW 2.2kW 3kW 3kW

20A
1NO or

CGMUF-6D
7A 6A 5A 4A 1NC

9A
2.2kW 4kW 3.7kW 4kW

20A
1NO or

CGMUF-9D
9A 9A 6A 5A 1NC

12A
3kW 5.5kW 4kW 4kW

20A
1NO or

CGMUF-12D
12A 12A 7A 5A 1NC

16A
4kW 7.5kW 5.5kW 4kW

20A
1NO or

CGMUF-16D
15A 16A 9A 5A 1NC

Coil voltage,  DC

Standard type :  12, 20, 24, 36, 42, 48, 60, 72, 110, 120, 125, 220, 240, 250V DC

Low consumption type :  12, 20, 24, 48, 72, 110, 120V DC(Low)

Wide Voltage : 12, 20, 24, 48, 72, 110, 12V DC(Wide)

Ordering information

Type, Auxiliary contact and Coil voltage

For more information

Drawings page 34

Overload relays page 27

Optional accessories page 29~33

Certificate
CE, ULCUL Certificate

CE, ULCUL
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CGMU-12A

CGMU-12D
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0.23kg 0.21kg

0.04kg

0.03kg

0.02kg

0.36kg

0.48kg

CGMS-12D

2 AX-1MS
+


