MICRO SWITCH

FREEPORT ILLINOIS, U S A
A DIVISION OF HONEYWELL
FED. MFG. CODE 91929
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TERMINALS ARE PLATED FOR SOLDERING

2 - ININSPECTION, DO NOT BURN OUT - GOLD CONTACTS

3 - ININSPECTION, DO NOT EXCEED 10 VDC, .1A RESISTIVE LOAD
4 - INSPECT SWITCH RESISTANCE PER CONTROL PLAN

THIS DRAWING COVERS A PROPRIETARY ITEM AND IS THE PROPERTY OF MICRO SWITCH., A DIVISION OF
HONEYWELL. THIS DRAWING IS NOT TO BE COPIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH.
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