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1.© REPRESENTS A CRITICAL DIMENSION.

2. PUSHOUT FORCE FOR INSULATOR: 22.24 N [5 LB] MIN.

3. PUSHOUT FORCE FOR CENTER CONTACT: 11.12 N [2.5 LB] MIN.

4. PARTS TO BE PACKAGED IN TRAYS; IF QUANTITY IS LESS THAN HALF
TRAY, PARTS TO BE PACKAGED IN FOAM.

5. RoHs COMPLIANT.

XXX: 0.051 [.0020]
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SHELL: BRASS C3604B
PIN: BECU C17300
INSULATOR: PTFE
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BY: R MUSSER

e-Mail: info@ AMTEC.com code: 55322

DESCRIPTION:

MMCX RIGHT ANGLE, JACK- 50 OHM

T MMCX-J-P-X-RA-TH1
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