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KAPTON PAD PLACEMENT

1. {(C) REPRESENTS CRITICAL DIMENSION.

2. NOTE DELETED.

3. CONFIRM THAT PARTS FACE MATCH THIS PRINT.

4. ALL PARTS ARE RoHS COMPLIANT AS OF REVISION G.

5. PARTS TO BE PACKAGED LEADS DOWN IN TRAYS AS STANDARD.

6. COPLANARITY MEASUREMENT SHOULD INCLUDE ALL USB TAILS AND SHELL TABS.

7.0RDERS WILL BE PACKAGED ACCORDING TO THE SAMTEC PACKAGING EFFICIENCY
STANDARDS (SPES) FOUND ON WWW.SAMTEC.COM

8.ATTACH LABEL TO EACH REEL
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DO NOT SCALE DRAWING

SHEET SCALE: 1:2

INSULATOR: PABT, RATED UL 94V-0, BLACK

CONTACT: PHOS BRONZE
SHELL: Cu/Ni PLATED BRASS

MAX FLASH ALLOWED: .051
MAX GATE VESTIGE: .051

F: \DWG\MISC\MKTG

DESCRIPTION:

Mini USB, RA, 5 Pin, Type A, Single, SMT
DWG. NO.

MUSB-05-X-A-SM-A-X-X-XX
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