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Stock No.: RJ45-6FFT 

Compatible with 23AWG stranded or solid conductors. Suitable for cable jacket diameters up to ∅
8.00mm and conductor insulation diameters from ∅1.0 - 1.12mm. 

Product Description 
  

General Specifications

• Shielded

• Feed Through

• Gold-plated

FEATURES 

Attribute Value 
Voltage Rating 150 V 
Current Rating 1.5A 
Insulation Resistance 500MΩ 
Contact Resistance <20MΩ 
Cable-to-Plug tensile strength 20LBs(89N) min. 
Durability 750 mating cycles 
Operation Temp -20℃-85℃
Contact Plating Gold 
Length 22.5mm 

Cat6 RJ45 Connectors Feed 
Through｜Shielded. 



Adaptor / RJ45

 After every difficulty, there is always ease.  Page 2 of 2 

 Dimensions: Millimeters (Inches) 

Part Number Description 
RJ45-6FFT Cat6 RJ45 Connectors Feed Through Shielded. 

Important Notice: This data sheet and its contents (the “Information”) belong to the members of the EASE group of companies (the “Group”) or are licensed to it. No license is granted for the use of it 
other than for information purposes in connection with the products to which it relates. No license of any intellectual property rights is granted. The Information is subject to change without notice and 
replaces all data sheets previously supplied. The Information supplied is believed to be accurate, but the Group assumes no responsibility for its accuracy or completeness, any error in or omission 
from it or for any use made of it. Users of this data sheet should check for themselves the Information and the suitability of the products for their purpose and not make any assumptions based on 
information included or omitted. Liability for loss or damage resulting from any reliance on the Information or use of it (including liability resulting from negligence or where the Group was aware of the 
possibility of such loss or damage arising) is excluded. This will not operate to limit or restrict the Group’s liability for death or personal injury resulting from its negligence. EASE is the registered 
trademark of Ease Electronics Co., Limited 2019. 

Part Number Table 

Product Drawing
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Contacts Brass            Phosphor copper
金片（PIN针）   黄铜      磷铜

胶壳 PA66(尼龙料) 94-V0 94-V2
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G/F"  1u"   3u"   6u"

15u"  30u"   ☑50u"  S"

Shell Brass Spcc
屏蔽壳       黄铜        铁

Au：G/F" 1u"  3u" Ni80u"

 




