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WE-TIS SHIELDED RADIAL LEADED
WIRE WOUND INDUCTOR

744 731 332
L:  3300  µH
RDC:  8000  mΩ
IR:  0.18  A
ISAT:  0.15  A

8075

744 731 472
L:  4700  µH
RDC:  11000  mΩ
IR:  0.16  A
ISAT:  0.14  A

744 731 562
L:  5600  µH
RDC:  13000  mΩ
IR:  0.13  A
ISAT:  0.07  A

744 731 822
L:  8200  µH
RDC:  14000  mΩ
IR:  0.1  A
ISAT:  0.05  A

744 731 680
L:  68  µH
RDC:  200  mΩ
IR:  1.5  A
ISAT:  1  A

744 731 331
L:  330  µH
RDC:  800  mΩ
IR:  0.65  A
ISAT:  0.45  A

744 731 471
L:  470  µH
RDC:  1300  mΩ
IR:  0.6  A
ISAT:  0.4  A

744 731 102
L:  1000  µH
RDC:  2300  mΩ
IR:  0.35  A
ISAT:  0.25  A

744 731 222
L:  2200  µH
RDC:  4500  mΩ
IR:  0.2  A
ISAT:  0.18  A

1111
744 747 101 0
L:  1.0  µH
RDC:  8  mΩ
IR:  10.5  A
ISAT:  22  A

744 747 102 7
L:  2.7  µH
RDC:  11  mΩ
IR:  8.2  A
ISAT:  13  A

744 747 103 9
L:  3.9  µH
RDC:  13  mΩ
IR:  7.7  A
ISAT:  11  A

744 747 104 7
L:  4.7  µH
RDC:  15  mΩ
IR:  7.1  A
ISAT:  9.9  A

744 747 106 8
L:  6.8  µH
RDC:  19  mΩ
IR:  6.0  A
ISAT:  8.0  A

744 747 133 2
L:  3300  µH
RDC:  8600  mΩ
IR:  0.25  A
ISAT:  0.38  A

744 747 147 2
L:  4700  µH
RDC:  12000  mΩ
IR:  0.21  A
ISAT:  0.32  A

744 747 168 2
L:  6800  µH
RDC:  14500  mΩ
IR:  0.18  A
ISAT:  0.27  A

744 747 110 0
L:  10  µH
RDC:  26  mΩ
IR:  5.0  A
ISAT:  6.6  A

744 747 122 0
L:  22  µH
RDC:  40  mΩ
IR:  3.8  A
ISAT:  4.4  A

744 747 133 0
L:  33  µH
RDC:  65  mΩ
IR:  3.0  A
ISAT:  3.6  A

744 747 147 0
L:  47  µH
RDC:  100  mΩ
IR:  2.3  A
ISAT:  3.0  A

744 747 110 1
L:  100  µH
RDC:  240  mΩ
IR:  1.4  A
ISAT:  2.1  A

744 747 122 1
L:  220  µH
RDC:  510  mΩ
IR:  1.0  A
ISAT:  1.4  A

744 747 133 1
L:  330  µH
RDC:  810  mΩ
IR:  0.8  A
ISAT:  1.1  A

744 747 147 1
L:  470  µH
RDC:  1200  mΩ
IR:  0.68  A
ISAT:  0.98  A

744 747 110 2
L:  1000  µH
RDC:  2500  mΩ
IR:  0.46  A
ISAT:  0.68  A

744 747 122 2
L:  2200  µH
RDC:  5700  mΩ
IR:  0.31  A
ISAT:  0.46  A


