
3190-2904 TC-402-NM-LP

Materials Plating Thickness

Body Brass Albaloy 3μm

Shell Brass Albaloy 3μm

Center Pin Brass Silver 5μm

Insulator PTFE

Ferrule Brass Albaloy 3μm

Gasket Silicon Rubber

Impedance 50ohm

Frequency DC-6GHz

VSWR 1.25Max

IL 0.1x√F(GHz)

3rd Intermodulation-160dBc @2x20W

Test Curve *Based on 24 inch TFT-402 with two Type N connectors on each end.
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PIM Test
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Installation Instruction

Installation Instruction


