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NOTES:
(1) MATERIAL HOUSING:HIGH TEMP. THERMOPLASTIC
UL 94V-0,COLOR BLACK

<:)MATER\AL TERMINAL: COPPER ALLOY

<:)TO DETERMINE DIMENSTONS:
N=NUMBER OF POSITIONS PER ROW
EX.: 10 POS.,N x 2.00 = 20.00 TOTAL POSITIONS

4.0.9kg MIN.PIN RETENTION IN EITTHER DIRECTION,

5. PACKAGING;
(A) STANDARD PACKAGING: IN POLY BAGS.
(B) SPECIAL PACKAGING: IN TUBE.
FOR ALL SPECIAL PACKAGING,FCI MUST BE
CONTACTED FOR AVAILABILITY IN SI/ZE REQUESTED.

(6)RETENTION LEG:
2 3kg MAX INSERTION FORCE AND | kg MIN RETENTION
FORCE PER RETENTIVE PIN USING |.57 THICK CIRCUIT
BOARD AND RECOMMENDED HOLE PATTERN.RETENTIVE
LOCATION AT THE DISCRETION OF THE MANUFACTURER.
RETENTION IS TWO PINS PER PART ADJACENT TO ONE

ANOTHER .

(T)FOR POLARIZATION,SPECIFY POSITION NUMBER,
(1.e.:POS.3 = 03) TO OMIT PIN.
OMIT FROM PRODUCT NUMBER [F FEATURE [S NOT
APPLICABLE.

8. THE HOUSING WILL WITHSTAND EXPOSURE TO 255°C PEAK
TEMPERATURE FOR 10 SECONDS [N A CONVECTION, INFRA-RED
OR VAPOR PHASE REFLOW OVEN.

XPOSURE TO 260°C PEAK
N A WAVE SOLDER
NIMUM THICK CIRCUIT BOARD.

9. THE HOUSING WILL WITHSTAND E
TEMPERATURE FOR [0 SECONDS |
APPLICATION WITH A [.57MM M

(0. THIS PRODUCT MEETS EUROPEAN UNION DIRECTIVES AND

OTHER COUNTRY REGULATIONS AS DESCRIBED [N 65-22-008.
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