
Resolution: SVGA (800 x 600)
Weight: 10.6 ounces (300 grams)
Height: 1.2"
Depth: 5.9"
Width:  2.5"
Image size: 10" - 80" 
Audio: two .75W Speakers
Inputs/Outputs: VGA, Composite Video, Component Video, 
Audio Out (3.5mm Stereo Jack)
Light source: LED,  20,000 typical (no lamp replacement)
Battery life: 2 hours
Supported resolutions: VGA, SVGA (native), SXGA, XGA, WXGA
Video compatibility: NTSC (480i, 480p), PAL (576i, 576p)

3M MP160
HK-4000-0066-5 

3M™ PocketProjector MP160
n With it's bright, crisp images and robust sound, the new 3M 

PocketProjector MP160 provides great versatility and value. 
Use it for business presentations and family gatherings. It's 
light weight, compact size and attractive price make the 
PocketProjector MP160 hard to beat.

n Fully equipped with speakers, 2 hours of battery life, screen size 
up to 80 inches diagonal  and 30 lumens of brightness.

n Controlled lighting improves image brightness.

3MPocketProjector.com 
or call 866.631.1656

For more information:
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SPECIFICATIONS:

Plug the new 3M PocketProjector MP160 into your 
digital media device and let the fun begin. Compatible 
with:  PCs, DVD players, iPods® and iPhones®, digital 
cameras and cell phones.

COMPATIBILITY:

ACCESSORIES:

POWER ADAPTER with 
US, EU, UK, AUS plugs
78-6972-0033-1

 
LITHIUM-ION BATTERY
78-6972-0026-5

COMPOSITE VIDEO CABLE [RCA]
78-6972-0031-5

VGA CABLE
78-6972-0030-7

CAR CHARGER [optional]

78-6972-0029-9

 
COMPONENT AV CABLE [optional]

78-6972-0032-3

ADAPTER CABLE FOR APPLE® 
[optional]

78-6872-0034-9

PORTABLE PRESENTATION  
BINDER [optional]

78-6969-9997-4

6" TRIPOD

In the Box: Projector, Battery, Wall Charger, Charger Adapters (US, EU, UK, AUS), VGA 
Cable, Composite Video Cable (RCA), Tripod, Soft Protective Pouch, Quick Start Card

www.3mpocketprojector.com
http://solutions.3m.com/wps/portal/3M/en_US/Meetings/Home/?WT.mc_id=www.3m.com/meetings/index.html

