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ELECTRO-OPTICAL CHARACTERISTICS Ta=25'C 1f=320mA

PARAMETER MIN P MAX UNITS  TEST COND
PEAK WAVELENGTH - nm

FORWARD VOLTAGE 12 Vf

REVERSE VOLTAGE 5.0 Vr Ir=100uA
AXIAL INTENSITY 240 Im 1f=320mA
COLOR TEMP. 3500 K

VIEWING ANGLE 170 2x theta

EMITTED COLOR WARM WHITE

LENS FINISH: WATER CLEAR

120.00 [4.724] LIMITS OF SAFE OPERATION AT 25°C

PARAMETER MAX UNITS
PEAK FORWARD CURRENT* 1000 mA

STEADY CURRENT 700 mA

LED JUNCTION TEMPERATURE 130 mW

DERATE FROM 257C -1.2 mW/C
OPERATING TEMP. =20 TO +70 'C

STORAGE TEMP. -20 T0 +70 'C
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“UNLESS OTHERWISE SPECIFIED TOLERANCES PER DECIVAL PRECISION ARE: X=+1 (£0.038), XX=£05 (£0.020), X.XX=0.25 (£0.010), XXXX=£0.127 (£0.005). LEAD SIZE=£0.05 (£0.002), LEAD LENGTH=£0.75 (£0.030). NiN= *EOMAL PRECSON yy = 000 ccvson  CNVCONTEOLL LD DOCLUMENT
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