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/REV.4 2025.05.14

MODIFY THE PLUG SIZE

MREV.3 2025.03.25

MODIFY P1 WORD MODEL AND MARKING

(NREV.1 2020.05.15

MODIFY P2 CONTACT [/DREV.2 2022.04.24 MODIFY MARKING

3 UL SIT T4AWG x 3C, OD 9.3mm, JACKET BLACK, DRAWING No.EPSVTO11403C—-147  [H3TC21-0304K09|L—20mm| M304
MOLDED PVC 35P, COLOR BLACK HIBCO2-0304K09 M304
BRACKET: YS-L6 AQC58-0767 1 M767
9 TERMINAL: 97656BL-0 (TJ) ATQB39-0257 1 M257
TERMINAL; 976535BL-0 (TZ) A1QB41-0257 1 M257
TERMINAL: 97654BL-0 (T1) A1QB40-0257 1 M257
MOLDED PVC 35P, COLOR BLACK H1BC02-0304K09 M304
1 BRACKET: YS-003 MQC14-0767 1 M767
TERMINAL: 2*4mm 98744L A1QB42-0257 3 M257
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