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P1 P2 250 ULI061 26AWG INSULATOR WIRE, LENGTH 28mm, DRAWING No. EH002601C-013| 2 N304
6 8 CAB-SS-232NT-3M +—— CABLE LEHGTH BLACK HEAT SHRINK TUBE #3.0%10mm 1 N519
19 7/ 2 | COPPER FOIL 33*110mm 1 N379
5 - LABEL MOLDED PE COLOR TRANSPARENT TN
- 5 MOLDED PVC BLUE(MZB7036) N304
bR 25 W BLACK HEAT SHRINK TUBE 3.0%10mm 1 N519
13 18 o |COPPER FOL 25*60mm 1 N379
— 26 CUT — MOLDED PE COLOR TRANSPARENT TWN
B o MOLDED PVC BLUE(MZ37036) N304
: 5 s | UL2919 9 TWISTED PARS 28AWG, ALUM-MYLAR FOIL AND COPPER BRAD
" ot SHIELDING WITH DRAIN WIRE, OD 6.5mm, JACKET BLUE(MZB7036) J000mm - M2
5 -~ 4 | MOLDED THUMBSCREW #4—40, LENGTH 45.5mm, BLUE(MZB7036) 2 N95
5 cuT —J 3 | SCREW 5+47.5mm 2 M295
3 SO 15 2 |DB25 MALE, GOLD FLASH ON CONTACTS, BLUE INSULATOR 1 N83
— 16 CUT — 1 U2CN26 MALE, GOLD FLASH ON GONTACTS, WHITE INSULATOR 1set M110
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