
Edge Mount Cable Tie Mounts have a very strong 
retention force when attached to the side of a 
metal panel and an even stronger retention force 
when attached to the side of a plastic panel. They 
are designed for affixing to the side of a panel 
allowing a cable tie to be passed through.

EDGE MOUNT CABLE TIE MOUNT

ISO/TS 
169429:2009 

accredited 
 

Erie, PA

APPLICATIONS:
• Material: UL94 V-2 Nylon 6/6

and 302 Stainless Steel

• Color: Black

FEATURES:
• Push the tie holder onto the edge of

panel to accept a cable tie and mount

a cable bundle

• Retention of 450 lbs. based on a 0.078

panel thickness

• Available with or without a pre-

installed cable tie

• Types 1 through 5 do not come with

cable tie pre-installed
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PRODUCT INFORMATION

Item
No.

Used w/ 
Cable Ties

Pre-Installed 
Cable Tie Type

Panel Thickness Width Length Height Bulk 
Pack 
Qtyin mm in mm in mm in mm

550243 Up to 50 Lbs. — 1 0.028 - 0.118 0.7 - 3.0 0.472 12.0 0.591 15.0 0.622 15.8 100
550244 Up to 50 Lbs. — 3 0.028 - 0.118 0.7 - 3.0 0.574 13.9 0.591 15.0 0.614 15.6 100
550245 Up to 50 Lbs. — 2 0.028 - 0.118 0.7 - 3.0 0.472 12.0 0.591 15.0 0.614 15.6 100
550246 Up to 50 Lbs. — 2 0.118 - 0.236 3.0 - 6.0 0.594 15.1 0.787 20.0 0.740 18.8 100
550247 Up to 50 Lbs. — 3 0.028 - 0.118 0.7 - 3.0 0.547 13.9 0.591 15.0 0.614 15.6 100
550248 Up to 50 Lbs. — 1 0.118 - 0.236 3.0 - 6.0 0.594 15.1 0.787 20.0 0.756 19.2 100
550249 Up to 50 Lbs. — 4 0.118 - 0.236 3.0 - 6.0 0.673 17.1 0.787 20.0 0.748 19.0 100
550250 Up to 50 Lbs. — 3 0.118 - 0.236 3.0 - 6.0 0.673 17.1 0.787 20.0 0.740 18.8 100
550251 Up to 50 Lbs. — 5 0.028 - 0.118 0.7 - 3.0 0.594 15.1 0.591 15.0 0.594 15.1 100
550252 — 7.87 (200), 50 Lbs. 1 0.028 - 0.118 0.7 - 3.0 0.472 12.0 0.591 15.0 0.622 15.8 100
550253 — 7.87 (200), 50 Lbs. 3 0.028 - 0.118 0.7 - 3.0 0.574 13.9 0.591 15.0 0.614 15.6 100
550254 — 7.87 (200), 50 Lbs. 2 0.028 - 0.118 0.7 - 3.0 0.472 12.0 0.591 15.0 0.614 15.6 100
550255 — 7.87 (200), 50 Lbs. 2 0.118 - 0.236 3.0 - 6.0 0.594 15.1 0.787 20.0 0.740 18.8 100
550256 — 7.87 (200), 50 Lbs. 3 0.028 - 0.118 0.7 - 3.0 0.574 13.9 0.591 15.0 0.614 15.6 100
550257 — 7.87 (200), 50 Lbs. 1 0.118 - 0.236 3.0 - 6.0 0.594 15.1 0.787 20.0 0.756 19.2 100
550258 — 7.87 (200), 50 Lbs. 4 0.118 - 0.236 3.0 - 6.0 0.673 17.1 0.787 20.0 0.748 19.0 100
550259 — 7.87 (200), 50 Lbs. 3 0.118 - 0.236 3.0 - 6.0 0.673 17.1 0.787 20.0 0.740 18.8 100
550260 — 7.87 (200), 50 Lbs. 5 0.028 - 0.118 0.7 - 3.0 0.594 15.1 0.591 15.0 0.594 15.1 100
550277 — 5.51 (140), 40 Lbs. 6 0.028 - 0.118 0.7 - 3.0 0.591 15.0 0.787 20.0 6.575 167.0 100
550278 — 5.51 (140), 40 Lbs. 7 0.028 - 0.118 0.7 - 3.0 0.591 15.0 0.787 20.0 6.614 168.0 500
550279 — 5.51 (140), 40 Lbs. 8 0.028 - 0.118 0.7 - 3.0 0.591 15.0 0.787 20.0 6.575 167.0 100
550280 — 5.51 (140), 40 Lbs. 9 0.028 - 0.118 0.7 - 3.0 0.591 15.0 0.787 20.0 6.575 167.0 100

Type 1 Type 4Type 2 Type 5Type 3

Type 6 Type 9Type 7 Type 8




