
Parameter

Radiation color

Dominant wavelength(TYP.)

Target intensity(TYP.)

Forward voltage(TYP.)

Operating temperature(TYP.)

Symbol

—

λd

IV

VF

Topr

GM1WA55360A
Condition

—

IF=10 mA

—

Unit

—

nm

mcd

V

°C

B

Blue

472

(55)

3.2

G

Green

527

(150)

3.4

-20 to +80

R

Red

628

(125)

2.1

Ta=25 °C

New product

<<0.8 mm thickness>>

1616 size

<<0.5 mm thickness>>

(ZJ 100 mcd:IF=20 mA)
(BC 30 mcd:IF=10 mA)
(GC 92 mcd:IF=10 mA)

(ZJ 125 mcd:IF=10 mA)
(BC 55 mcd:IF=10 mA)

(GC 150 mcd:IF=10 mA)

GM1WA80360AGM1WA80350A

(BC 5 mcd, ZV 10 mcd)
(GC 20 mcd, ZS 22 mcd:

IF=5 mA)

GM1ZVB/ZSG80300A

3 chips

2 chips

3 chips

General purpose type High-luminosity chip type

(ZR 37 mcd:IF=10 mA)
(BC 30 mcd:IF=10 mA)
(SG 34 mcd:IF=10 mA)

GM1WA80320A

General-purpose chip type

(ZR 125 mcd:IF=10 mA)
(BC 55 mcd:IF=10 mA)

(GC 150 mcd:IF=10 mA)

GM1WA55360A

GM1WA55360AModel

CHIP LED
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Features

Specifications

Line-up

Outline Dimensions  (Unit : mm)

0.55-mm thickness package enables thin LED 
module (30% thinner than the conventional 
models)
High-luminosity RGB 3 chip enables wide color 
emission range

0.55-mm Thickness, RGB 3 Chip, Chip LED
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Plated area:

GM1WA55360A
(Anode common)
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