
SMT Power Inductor

Height: 6.5mm Max
Footprint: 14.0mm x 12.8mm Max
Current Rating: up to 42.0A
Inductance Range: 0.22uH to 68.0uH
Shielded construction and compact design
High current, low DCR, and high efficiency
Minimized acoustic noise and minimized leakage flux
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For More Information
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