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Zﬁl MATERTAL: HOUSING — NYLON, ULZ4V-0 (COLOR - NATURAL, COLOR OF FARTS MAY VARY)D.
CONTACTS - 0.25 THK COPFPER ALOY.
Zﬁl CONTACT FINISH: O0.003 MIN TH&K TIN-LEAD OVER ©O.00127 MIN THK NICKEL OVER ENTIRE CONTACT.
Zﬁl CONTACT FINISH: 0.000Y6 MIN THK GOLD PLATE ON FIN MATING SURFACE, 0.003 MIN THK
TIN-LEAD PLATE ON SOLDER TATIL, ALL OVER 0.00127 MIN THK NICKEL BASE PLATE.
4, S0LDER TAIL MEETS AMP SOLDERABILITY SPECIFICATION TOY9-T171--.
5. MATES WITH SIMILARLY PLATED AMP-DUAC™ POWER CONNECTOR RECEFPTACLE HOUSINGS/S0CKET
CONTACTS.
Zﬁl RIBES ON FOUR CORNERS OPTIONAL.
Zﬁl AMP LOGO AND MATERIAL 1D MAY BE LOCATED ON EITER LONG SIDE OF PART.
S5I/E, SHAFPE Ok STYLE OF THIS FEATURE MAY VARY.
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