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©2005, Projecta Unlimited Inc. SPECIFICATIONS

PARAMETERS VALUES UNITS
DIRECTIVITY UNI -
SENSITIVITY —50+4 dB
STANDARD OPERATING VOLTAGE 2 Vdc
MAX OPERATING VOLTAGE 10 Vdc
CURRENT CONSUMPTION (MAX) 0.5 mA
IMPEDANCE 2.2 kOhm
SIGNAL TO NOISE RATIO (MIN.) 55 dB
TERMINAL Solder Pads -
INTERNAL CAPACITOR 10 & 33 pF
OPERATING TEMPERATURE —20 ~ 60 C

NOTES:
1. ALL DIMENSIONS ARE IN MILLIMETERS.

2. SPECIFICATION SUBJECT TO CHANGE OR
WITHDRAWAL WITHOUT NOTICE.

REVISIONS
LTR DESCRIPTION DATE APPROVED
— |RELEASED FROM ENGINEERING 10/4/2018

///',

2

OUTPUT+

UNLESS OTHERWISE SPECIFIED:

ALL PURCHASES ARE SUBJECT TO THE PUI AUDIO
TERMS AND CONDITIONS SALE FOUND AT

Ihttp://www.puiaudio.com/pdf/terms_conditions.pdf]

(paper copy available upon request).

DIMENSIONS ARE IN MILLIMETERS, TOLERANCES ARE|

0.5 AND ANGLES ARE +3°.
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